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77 mm 83 mm

D D

A1 

B1 ( )

C

12

A3  A4 

A2

B2  B3

C

12FE

DM11 1 45 mm AC 230/50 V  AC 240/60 V Rp 1/8" 
DM12 1 45 mm AC 110/50 V  AC 120/60 V Rp 1/8" 
DM13 1 45 mm AC 24/50 V  AC 24/60 V Rp 1/8" 
DM14 1 45 mm DC 24 V Rp 1/8" 
DM21 2 63 mm AC 230/50 V  AC 240/60 V Rp ¼" 
DM22 2 63 mm AC 110/50 V AC 120/60 V Rp ¼" 
DM23 2 63 mm AC 24/50 V  AC 24/60 V Rp ¼" 
DM24 2 63 mm DC 24 V Rp ¼" 
DM31 3 90 mm AV 230/50 V  AC 240/60 V Rp ¼" 
DM32 3 90 mm AC 110/50 V  AC 120/60 V Rp ¼" 
DM33 3 90 mm AC 24/50 V  AC 24/60 V Rp ¼" 
DM34 3 90 mm DC 24 V Rp ¼" 
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