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TI-P357-30
CH Issue 8

PN9000 3
  

  PN=   E=
  PNP=     R=

                             H
 S 

PN9100 PN9200EH

( ) / (kg)
 F G H J                           

      
PN9100E  275 170 55 225 6 + 5.86
PN9100R  275 170 140 225 6 + 2.5
PN9200E  300 300 65 350 17 + 7.2
PN9200R  300 300 152 350 17 + 3.77
PN9230E  360 300 65 350 17 + 3.77
PN9230R  360 300 152 350 17 + 3.77
PN9320E  325 390 65 350 27 + 7.2
PN9320R  325 390 152 350 27 + 3.77
PN9330E  335 390 65 350 27 + 7.2
PN9330R  335 390 152 350 27 + 3.7
PN9336E  335 390 65 350 27 + 7.2
PN9336R  335 390 152 350 27 + 3.77
PN9337E  335 390 410 350 27 + 21
PN9337R  335 390 410 350 27 + 21

PN9337RH

      - 20  +110
  PN9100  0.6MPag

  PN9200  0.6MPag 
 PN9300  0.4MPag

        8A NPT(JIS Rc
  PN9100  20 mm 

 PN922_  PN932_ 20 mm 
  PN923_  PN933_ 30 mm 
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No. 材質
1
2
3
4  NBR
5
6
7
8
9 'O' 
10 BS 970 431 S29
11 BS 970 431 S29

12
PN9000  
PNP9000
PN9000S 316L

13
14
15
16
17 PTFE
18

19
20 

PN9000
PNP9000 A2 - 70
PN9000S A2 - 70

21 Gr. 8.8
22
23
24

 (short)
 (long)

PN9000 Gr. 8.8
PNP9000 A2 - 70
PN9000S A2 - 70

25
PN9000
PNP9000 A2 - 70
PN9000S A2 - 70

26
27

PN9000 Gr. 8.8
PNP9000 A2 - 70
PN9000S A2 - 70

28
29 Gr. 8.8
30  
31  

32
PN9000 
PNP9000
PN9000S  316L
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Class IV -BS 5793-4 (IEC 60534-4) class
Class VI -BS 5793-4 (IEC 60534-4) class

Class IV - PN9000E  

KE  KEA PTFE (H)

 

 MPa

15A 20A 25A 32A 40A 50A 65A 80A 100A

P
TF

E

P
TF

E

P
TF

E

P
TF

E

P
TF

E

P
TF

E

P
TF

E

P
TF

E

P
TF

E

PN9126E 0.1 – 0.2 2.8 1.3 2.0 0.9 1.2 0.4 1.0 0.3 0.2 - 0.1 - - - - - - -

PN9123E 0.2 – 0.4 4.0 4.0 4.0 4.0 3.7 2.9 2.9 2.3 1.1 0.8 0.7 0.5 - - - - - -

PN9220E 0.02 – 0.1 1.4 - 0.9 - 0.4 - 0.4 - - - - - - - - - - -

PN9220E 0.04 – 0.12 4.0 3.3 3.6 2.4 2.2 1.4 1.8 1.2 0.6 0.3 0.3 0.2 - - - - - -

PN9226E 0.1 – 0.2 4.0 4.0 4.0 4.0 4.0 4.0 4.0 4.0 2.4 2.1 1.6 1.4 - - - - - -

PN9236E 0.1 – 0.2 - - - - - - - - - - - - 0.8 0.6 0.5 0.4 0.2 0.2

PN9223E 0.2 – 0.4 4.0 4.0 4.0 4.0 4.0 4.0 4.0 4.0 4.0 4.0 3.8 3.6 - - - - - -

PN9233E 0.2 – 0.4 - - - - - - - - - - - - 2.0 1.8 1.2 1.1 0.7 0.7

PN9320E 0.02 – 0.1 4.0 3.2 3.5 2.4 2.2 1.4 1.7 1.1 0.6 0.3 0.3 0.1 - - - - - -

PN9320E 0.04 – 0.12 4.0 4.0 4.0 4.0 4.0 4.0 4.0 3.8 1.7 1.5 1.2 1.0 - - - - - -

PN9330E 0.04 –0.12 - - - - - - - - - - - - 0.6 0.4 0.3 0.2 0.1 0.1

PN9336E 0.1 – 0.2 - - - - - - - - - - - - 2.2 2.0 1.2 1.1 0.7 0.6

PN9337E 0.25 - 0.35 - - - - - - - - - - - - 4.0 4.0 3.5 3.4 2.1 2.1

 KE  KEA PTFE  (H)

 

 MPa

15A 20A 25A 32A 40A 50A 65A 80A 100A

P
TF

E

P
TF

E

P
TF

E

P
TF

E

P
TF

E

P
TF

E

P
TF

E

P
TF

E

P
TF

E

PN9226E 0.1 – 0.2 4.0 4.0 4.0 4.0 3.6 2.9 2.7 2.1 1.0 0.7 0.6 0.4 - - - - - -

PN9236E 0.1 – 0.2 - - - - - - - - - - - - 0.5 0.5 0.3 0.3 0.2 0.2

PN9223E 0.2 – 0.4 4.0 4.0 4.0 4.0 4.0 4.0 4.0 4.0 4.0 3.7 2.7 2.5 - - - - - -

PN9233E 0.2 – 0.4 - - - - - - - - - - - - 1.7 1.7 1.1 1.1 0.7 0.7

PN9320E 0.04 – 0.12 3.9 2.4 2.9 1.7 1.8 1.0 1.2 0.6 0.3 0.1 0.1 - - - - - - -

PN9336E 0.1 – 0.2 - - - - - - - - - - - - 1.2 1.0 0.7 0.6 0.4 0.3

PN9337E 0.25 – 0.35 - - - - - - - - - - - - 4.0 4.0 3.0 2.8 1.8 1.7
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Class VI  - PN9000E   
PTFE(G)

KE  KEA PTFE H)

 MPa

15A 20A 25A 32A 40A 50A 65A 80A 100A
P

TF
E

P
TF

E

P
TF

E

P
TF

E

P
TF

E

P
TF

E

P
TF

E

P
TF

E

P
TF

E

PN9120E 0.02 –0.1 0.4 - 0.3 - 0.2 - 0.2 - 0.1 - - - - - - - - -

PN9120E 0.04 – 0.12 1.4 - 1.1 - 0.7 - 0.6 - 0.2 - 0.2 - - - - - - -

PN9125E 0.04 – 0.2 1.4 - 1.1 - 0.7 - 0.6 - 0.2 - 0.2 - - - - - - -

PN9126E 0.1 – 0.2 4.0 2.7 3.3 2.2 2.2 1.4 1.7 1.1 0.7 0.5 0.5 0.3 - - - - - -

PN9123E 0.2 – 0.4 4.0 4.0 4.0 4.0 4.0 4.0 3.7 3.1 1.6 1.3 1.1 0.9 - - - - - -

PN9220E 0.02 – 0.1 2.8 1.4 2.2 1.1 1.5 0.7 1.2 0.5 0.5 0.2 0.4 0.2 - - - - - -

PN9220E 0.04 – 0.12 4.0 4.0 4.0 3.7 3.3 2.5 2.5 1.9 1.1 0.8 0.8 0.6 - - - - - -

PN9230E 0.04 – 0.12 - - - - - - - - - - - - 0.4 0.2 0.3 0.2 0.2 0.1

PN9226E 0.10 – 0.2 4.0 4.0 4.0 4.0 4.0 4.0 4.0 4.0 2.9 2.6 2.1 1.9 - - - - - -

PN9236E 0.1 – 0.2 - - - - - - - - - - - - 1.1 1.0 0.7 0.6 0.5 0.4

PN9223E 0.2 – 0.4 4.0 4.0 4.0 4.0 4.0 4.0 4.0 4.0 4.0 4.0 4.0 4.0 - - - - - -

PN9233E 0.2 – 0.4 - - - - - - - - - - - - 2.3 2.2 1.5 1.4 0.9 0.9

PN9320E 0.02 – 0.1 4.0 4.0 4.0 3.7 3.2 2.4 2.5 1.9 1.1 0.8 0.8 0.6 - - - - - -

PN9320E 0.04 – 0.12 4.0 4.0 4.0 4.0 4.0 4.0 4.0 4.0 2.3 2.0 1.6 1.4 - - - - - -

PN9330E 0.04 – 0.12 - - - - - - - - - - - - 0.9 0.7 0.6 0.4 0.4 0.3

PN9336E 0.1 – 0.2 - - - - - - - - - - - - 2.3 2.1 1.5 1.4 0.9 0.8

PN9337E 0.25 – 0.35 - - - - - - - - - - - - 4.0 4.0 3.7 3.6 2.3 2.3

KE  KEA PTFE  (H)

 

 MPa

15A 20A 25A 32A 40A 50A 65A 80A 100A

P
TF

E

P
TF

E

P
TF

E

P
TF

E

P
TF

E

P
TF

E

P
TF

E

P
TF

E

P
TF

E

PN9123E 0.2 – 0.4 1.6 0.1 1.2 - 0.8 - 0.6 - 0.3 - 0.2 - - - - - - -

PN9226E 0.1 – 0.2 4.0 4.0 4.0 4.0 4.0 3.9 3.6 3.0 1.6 1.3 1.1 0.9 - - - - - -

PN9236E 0.1 – 0.2 - - - - - - - - - - - - 0.5 0.5 0.3 0.3 0.2 0.2

PN9223E 0.2 –0.4 4.0 4.0 4.0 4.0 4.0 4.0 4.0 4.0 4.0 4.0 3.3 3.1 - - - - - -

PN9233E 0.2 – 0.4 - - - - - - - - - - - - 1.7 1.7 1.1 1.1 0.7 0.7

PN9320E 0.04 – 0.12 4.0 3.8 4.0 3.0 2.8 2.0 2.2 1.6 0.9 0.7 0.7 0.5 - - - - - -

PN9330E 0.04 – 0.12 - - - - - - - - - - - - 0.1 - 0.1 - 0.1 -

PN9336E 0.1 – 0.2 - - - - - - - - - - - - 1.6 1.4 1.0 0.9 0.6 0.6

PN9337E 0.25 – 0.35 - - - - - - - - - - - - 4.0 4.0 3.3 3.2 2.0 2.0
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Class IV - PN9000R  

KE  KEA PTFE H)

KE  KEA PTFE  (H)
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Class VI  - PN9000R  
PTFE(G)

KE  KEA PTFE H)
 MPa

15A 20A 25A 32A N40A N50A 65A 80A 100A

P
TF

E

P
TF

E

P
TF

E

P
TF

E

P
TF

E

P
TF

E

P
TF

E

P
TF

E

P
TF

E

PN9120R 0.02– 0.1 0.6 4.0 4.0 4.0 4.0 4.0 4.0 4.0 4.0 4.0 3.9 2.9 2.8 - - - - - -

PN9120R 0.04–0.12 0.6 4.0 4.0 4.0 4.0 4.0 4.0 4.0 4.0 4.0 3.7 2.8 2.6 - - - - - -

PN9125R 0.04 - 0.2 0.6 4.0 4.0 4.0 4.0 4.0 4.0 4.0 4.0 3.3 3.0 2.3 2.1 - - - - - -

PN9126R 0.1 – 0.2 0.6 4.0 4.0 4.0 4.0 4.0 4.0 4.0 4.0 3.3 3.0 2.3 2.1 - - - - - -

PN9123R 0.2 – 0.4 0.6 4.0 4.0 4.0 4.0 4.0 4.0 3.7 3.1 1.6 1.3 1.1 0.9 - - - - - -

PN9220R 0.02– 0.1 0.6 4.0 4.0 4.0 4.0 4.0 4.0 4.0 4.0 4.0 4.0 4.0 4.0 - - - - - -

PN9220R 0.04–0.12 0.6 4.0 4.0 4.0 4.0 4.0 4.0 4.0 4.0 4.0 4.0 4.0 4.0 - - - - - -

PN9230R 0.04–0.12 0.6 - - - - - - - - - - - - 4.0 4.0 3.7 3.5 2.3 2.2

PN9226R 0.1 –0. 2 0.6 4.0 4.0 4.0 4.0 4.0 4.0 4.0 4.0 4.0 4.0 4.0 4.0 - - - - - -

PN9236R 0.1 – 0.2 0.4 - - - - - - - - - - - - 4.0 4.0 3.0 2.9 1.9 1.8

PN9223R 0.2 – 0.4 0.6 4.0 4.0 4.0 4.0 4.0 4.0 4.0 4.0 4.0 4.0 4.0 4.0 - - - - - -

PN9233R 0.2 –0.4 0.6 - - - - - - - - - - - - 2.3 2.2 1.5 1.4 0.9 0.9

PN9320R 0.02–0.1 0.4 4.0 4.0 4.0 4.0 4.0 4.0 4.0 4.0 4.0 4.0 4.0 4.0 - - - - - -

PN9320R 0.04–0.12 0.4 4.0 4.0 4.0 4.0 4.0 4.0 4.0 4.0 4.0 4.0 4.0 4.0 - - - - - -

PN9330R 0.04–0.12 0.4 - - - - - - - - - - - - 4.0 4.0 4.0 4.0 2.6 2.5

PN9336R 0.1 – 0.2 0.4 - - - - - - - - - - - - 4.0 4.0 3.0 2.9 1.9 1.8

PN9337R 0.25– 0.35 0.4 - - - - - - - - - - - - 1.1 0.9 0.7 0.6 0.4 0.4

KE  KEA PTFE  (H)  

 

 MPa

15A 20A 25A 32A 40A 50A 65A 80A 100A

P
TF

E

P
TF

E

P
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E

P
TF

E

P
TF

E

P
TF

E

P
TF

E

P
TF

E

P
TF

E

PN9120R 0.02– 0.1 0.6 4.0 4.0 4.0 4.0 4.0 4.0 4.0 4.0 2.8 2.5 2.0 1.8 - - - - - -

PN9120R 0.04–0.12 0.6 4.0 4.0 4.0 4.0 4.0 4.0 4.0 4.0 2.6 2.4 1.9 1.7 - - - - - -

PN9125R 0.04 - 0.2 0.6 4.0 4.0 4.0 4.0 4.0 4.0 4.0 3.9 2.0 1.7 1.4 1.2 - - - - - -

PN9126R 0.1 – 0.2 0.6 4.0 4.0 4.0 4.0 4.0 4.0 4.0 3.9 2.0 1.7 1.4 1.2 - - - - - -

PN9123R 0.2 – 0.4 0.6 1.6 0.1 1.2 - 0.8 - 0.6 - 0.3 - 0.2 - - - - - - -

PN9220R 0.02– 0.1 0.6 4.0 4.0 4.0 4.0 4.0 4.0 4.0 4.0 4.0 4.0 4.0 4.0 - - - - - -

PN9220R 0.04–0.12 0.6 4.0 4.0 4.0 4.0 4.0 4.0 4.0 4.0 4.0 4.0 4.0 4.0 - - - - - -

PN9230R 0.04–0.12 0.6 - - - - - - - - - - - - 4.0 4.0 3.2 3.2 2.0 2.0

PN9226R 0.1 – 0.2 0.6 4.0 4.0 4.0 4.0 4.0 4.0 4.0 4.0 4.0 4.0 4.0 4.0 - - - - - -

PN9236R 0.1 – 0.2 0.4 - - - - - - - - - - - - 4.0 4.0 2.6 2.6 1.6 1.6

PN9223R 0.2 – 0.4 0.6 4.0 4.0 4.0 4.0 4.0 4.0 4.0 4.0 4.0 4.0 3.3 3.1 - - - - - -

PN9233R 0.2 – 0.4 0.6 - - - - - - - - - - - - 1.7 1.7 1.1 1.1 0.7 0.7

PN9320R 0.02– 0.1 0.4 4.0 4.0 4.0 4.0 4.0 4.0 4.0 4.0 4.0 4.0 4.0 4.0 - - - - - -

PN9320R 0.04–0.12 0.4 4.0 4.0 4.0 4.0 4.0 4.0 4.0 4.0 4.0 4.0 4.0 4.0 - - - - - -

PN9330R 0.04–0.12 0.4 - - - - - - - - - - - - 4.0 4.0 3.7 3.6 2.3 2.3

PN9336R 0.1 – 0.2 0.4 - - - - - - - - - - - - 3.9 3.8 2.5 2.4 1.6 1.5
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PN9000

 PN =  ( )

 PNP = 

 9  =  9000 

 1 = 100 cm2

 2 = 340 cm2

 3 = 670 cm2

 2  =  20 mm

 3  =  30 mm

 0  =  0.02  0.1 MPag (  0.04  0.12 MPag)

 
 3  =  0.2  0.4 MPag

 5  =  0.04  0.2 MPag (PN9100 ) 

 6  =  0.1  0.2 MPag 

 7  =  0.25  0.35 MPag (PN933_ 

 E  =  

 R  =  

  H  =   ( )

S =

PNP 

9

 3

 3

7 

PN9337E 1

 E


