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BTS7.1
순수스팀용 온도조절식 스팀트랩

제품의 개발 및 개선을 위하여 사전 통보없이 규격변경을 할 수 있습니다. 본자료의 유효본 유무를 확인하신 후 이용하시기 바랍니다. KP 2010

● 개요
BTS7.1 스팀트랩은 온도조절식 스팀트랩으로, 순수 스팀 시스템에 응축수 
정체현상을 최소화도록 316L 스텐레스강 재질로 설계되었다. 스팀 멸균 공정, 
CIP/SIP 시스템 등에 사용되며 응축수를 자가배출(self-draining) 할 수 있고 
포화증기온도에 근접하여 응축수를 배출한다. 
또한 캡슐 엘레멘트 내부 충진재는 FDA 인증된 WFI(Water for Injection)를 
사용하여 내부 캡슐에 문제가 발생하여 충진재가 누출되어도 공정에 문제가 되지 
않는다.
각각의 제품은 청결한 환경에서 조립하고 연결구에 캡을 씌운 후 비닐 백으로 
밀봉되어 포장된다.

선택사양
- 블리딩 장착을 통한 'FAIL OPEN' 작동
- 표준 외 배관연결방식

표준
- BTS7.1은 ASME BPE를 따라 설계 및 제조되었고, Pressure Equipment 

Directive (PED)의 요구조건을 만족한다.
- 유체와 접촉하는 모든 부분은 FDA에 승인된 재질로 제작되었다.

성적서
- EN 10204 3.1 재질 성적서(압력 부품)
- EN 10204 3.1 재질 성적서(유체접촉부 및 엘레멘트 내부 충진재, 추가비용 

발생)
- 일반 내부 표면 마감 성적서
- 특정 내부 표면 마감 성적서 (요청 시 제공, 추가 비용 발생)
- FDA, USP, ADI free 인증
- TSE/BSE Free Statement
- EC1935:2004 Food Contact Materials 인증
- BS EN ISO 14644-1:2015 Class 7 Clean Room 선언서
주: 모든 인증 및 성적서는 주문 시 명기해야 하며 일부 추가비용이 발생할 수 있다.

● 구경 및 배관연결방법
½", ¾" 청정 클램프식

● 재 질
번호 부품명 재질

1 Body Stainless steel AISI 316L (1.4404)

2 Element Stainless steel AISI 316L (1.4404)
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BTS7.1 Stainless Steel Clean Steam Trap
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Body design conditions 

PMA Maximum allowable pressure 7 bar g @ 170 °C

TMA Maximum allowable temperature 170 °C @ 7 bar g

Minimum allowable temperature -254 °C

PMO Maximum operating pressure for saturated steam service 7 bar g @ 170 °C

TMO Maximum operating temperature 170 °C @ 7 bar g

Minimum operating temperature 0 °C

Designed for a maximum cold hydraulic test pressure of: 10.5 bar g

Sizes and pipe connections
½" and ¾" with sanitary clamp connections. 

Materials
No. Part Material

1 Body Stainless steel AISI 316L (1.4404)

2 Element Stainless steel AISI 316L (1.4404)

1

2

BTS7.1
청정 클램프식

● 용량표
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BTS7.1 Stainless Steel Clean Steam Trap
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Safety information, installation and maintenance
For full details see the Installation and Maintenance Instructions (IM-P180-05) supplied with the product.

Installation note: The trap is designed for installation in vertical lines with the flow downward to ensure self-draining operation. Do 
not expose the element to superheat conditions since over-expansion may result. Suitable isolation valves must be installed to allow 
for safe maintenance/replacement.

How to order example
1 off Spirax Sarco non-maintainable ¾" BTS7.1 clean steam trap suitable for pressures up to 7 bar g with a body that is self-draining.

Spare parts
There are no spare parts for the BTS7.1.
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Dimensions/weights (approximate) in mm and kg

Size A B Weight

½" 40 49 0.15 kg

¾" 40 49 0.15 kg

B

A

차압 (x 100 = kPa)

응
축
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g
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0
0

50

100

150
170

1 2 3 4 5 6 7

Dimensions/weights (approximate) in mm and kg

A B C D Weight
Size Tube Screwed Tube Screwed

¼" 40 - - 58 - 0.53

½" 40 106 40 74 0.44 0.49

¾" 40 106 40 81 0.51 0.60

1" 40 106 40 95 0.60 0.73

DN8* 40 106 40 - 0.35 -

DN10 40 106 40 - 0.35 -

DN15 40 106 40 - 0.42 -

*DN8 only available for ISO 1127 tube ends.
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Body design conditions 

PMA Maximum allowable pressure 7 bar g @ 170 °C

TMA Maximum allowable temperature 170 °C @ 7 bar g

Minimum allowable temperature -254 °C

PMO Maximum operating pressure for saturated steam service 7 bar g @ 170 °C

TMO Maximum operating temperature 170 °C @ 7 bar g

Minimum operating temperature 0 °C

Designed for a maximum cold hydraulic test pressure of: 10.5 bar g

저온수 고온수



■�본사�:�TEL(02)3489-3489,�FAX�525-5766  ■공장�:�TEL(032)820-3000,�FAX�032-811-6215  ■한국스파이렉스사코㈜는 로이드인증원(LRQA)
으로부터 ISO9001(품질경영), ISO14001(환경경영), ISO45001(안전보건경영), ISO50001(에너지경영) 인증을 취득하였습니다.

● 치수(mm) 및 무게(kg)

몸체설계조건

최대허용압력(PMA) 7 bar g @ 170 °C

최대허용온도(TMA) 170 °C @ 7 bar g

최소허용온도 -254℃

최대사용압력(PMO)-포화증기의 경우 7 bar g @ 170 °C

최대사용온도(TMO) 170 °C @ 7 bar g

최소사용온도 0℃

수압시험압력 10.5 bar g

● 압력/온도 한계
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Body design conditions 

PMA Maximum allowable pressure 7 bar g @ 170 °C

TMA Maximum allowable temperature 170 °C @ 7 bar g

Minimum allowable temperature -254 °C

PMO Maximum operating pressure for saturated steam service 7 bar g @ 170 °C

TMO Maximum operating temperature 170 °C @ 7 bar g

Minimum operating temperature 0 °C

Designed for a maximum cold hydraulic test pressure of: 10.5 bar g

Sizes and pipe connections
½" and ¾" with sanitary clamp connections. 

Materials
No. Part Material

1 Body Stainless steel AISI 316L (1.4404)

2 Element Stainless steel AISI 316L (1.4404)

1

2

이 영역에서는 내부 손상을 줄 수 있으므로 사용할 수 없다.

포화증기 곡선

압력 bar g
온

도
 °

C

구경 A B 무게(kg)

½" 40 49 0.15

¾" 40 49 0.15
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Safety information, installation and maintenance
For full details see the Installation and Maintenance Instructions (IM-P180-05) supplied with the product.

Installation note: The trap is designed for installation in vertical lines with the flow downward to ensure self-draining operation. Do 
not expose the element to superheat conditions since over-expansion may result. Suitable isolation valves must be installed to allow 
for safe maintenance/replacement.

How to order example
1 off Spirax Sarco non-maintainable ¾" BTS7.1 clean steam trap suitable for pressures up to 7 bar g with a body that is self-draining.

Spare parts
There are no spare parts for the BTS7.1.
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Dimensions/weights (approximate) in mm and kg

Size A B Weight

½" 40 49 0.15 kg

¾" 40 49 0.15 kg

B

A

● 안전정보, 설치 및 정비 지침
상세한 사항은 제품과 함께 공급되는 설치 및 정비 지침서(IM-P180-05)를 참조 한다.

설치 시 주의사항
본 스팀트랩은 수직하향으로 들어오는 유체를 자가 드레인 하도록 설계되었다. 엘레먼트는 과열 조건에 노출되어 과팽창되지 않도록 주의해야 한다. 또한 안전한 정비/교
체 작업을 위해 적합한 차단밸브가 함께 설치되어야 한다.

● 주문 방법
예: 1 off Spirax Sarco non-maintainable ¾" BTS7.1 clean steam trap suitable for pressures up to 7 bar g with a body that is self-draining.

● 정비부품
BTS7.1은 공급가능한 정비부품이 없다.


